PROFIS Engineering Design Method Selection
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We have already selected relevant guidelines for you for the steel code and anchor code. Feel free to change this selection and make sure.
that the selected guideline is compliant with your local regulations.

Anchor calculation method and approvals

Design standard Design method Technical data

Aci318-19
Aci318-08
Aci318-11
Aci318-14

ACI318-19 Moment
PSI in-ib

Moment per length Anchor plate factor

in-Ib/inch 1





